Cable tie HP

Technical data Structure

« Flammability acc. to UL 94: V2

« Material: polyamide 6.6.

UL 62275 Certification * Halogen-free
« Silicone-free
« Black: good UV-resistance

Properties Note

Cable ties with plastic lug for directionality One piece self-lock cable tie. Low Smoke and Halogen Free cable tie suitable for various
industry, also household DIY and gardening. UV resistant cable tie (black) for outdoor use.

and mounting cables and wires.

Part no. Partno. Type
transparent black

18048351 18048367 HP 100X2,5
18048352 18048368 HP 120X2,5
18048356 18048372 HP 140X3,2
18048353 18048354 HP 142X2,5
18048357 18048373 HP 150X3,6
18048355 18048371 HP 165X2,5
18048369 18048370 HP 200X3,5
18048358 18048359 HP 292X3,6
18048362 18048363 HP 300X7,6
18048376 18048377 HP 380X7,6
18048374 18048375 HP 385X4,8
18048360 18048361 HP 432X4,8
18048364 18048380 HP 450X8,0
18048365 18048366 HP 550X8,0

Length Width
mm mm
100 2,5
120 2,5
140 3,2
142 2,5
150 3,6
165 2,5
200 3,5
292 3,6
300 7.6
380 7,6
385 4,8
432 4,8
450 8
550 8

Application

.

.

.

Plant and machine construction
Robotics

Automation technology

Vehicle construction and shipbuilding
Railway technology

Installation technology

Control cabinet construction

Bundle Capacity
%} N
mm

22 80
28 80
34 180
35 80
36 180
43 80
52 180
82 180
80 550
105 550
110 220
125 220
128 550
160 550

Unit

100
100
100
100
100
100
100
100
100
100
100
100
100
100

Dimensions and specifications may be changed without prior notice
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