SQVIO’

LOW PROFILE

PLUG & PLAY

WIRELESS
KEYBOARD

SLIM

DESIGN 2.4 GHz

CONNECTION

@ TECHNICAL SPECIFICATION

Keyboard layout:

Interface:

Power supply:

Key lifespan:

Keyboard dimensions:

Keyboard weight:

Colour:

Compatibility:

Package content:

MODEL: KB - 02

us (104 keys)

2.4 GHz USB receiver

1 x battery AA (not included)

8 000 000 keystrokes

430 x 132 x 22 mm

3889

Black

Windows XP, Vista, Win 7 / 8 / 10
/ 11, Linux, macOS, Android

Wireless keyboard, USB receiver,
manual
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