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  Single Output LED Flasher   
1.5Hz 1/2 DDuuttyy Cycle 

OS1CDY3A515 
 

 
■Description ■Application Circuit ■Outline Dimension 

Single Output LED Flasher   
1.5Hz 1/2 DDuuttyy Cycle 

  

● Black Lens Type 

■Absolute Maximum Rating                (Ta=25℃)   

Item  Symbol Value Unit   

Power Supply Voltage 5 V  

Duty Cycle Duty 1/2 -  

Operating Temperature Topr -30 ~ +85 ℃  

Storage Temperature Tstg -40~ +100 ℃  

Lead Soldering 

Temperature 
Tsol 260℃/5sec - 

 

 

■Electrical -Optical Characteristics   (Ta=25℃) 
 

 
 

Item Symbol Min. Typ. Max. Unit 

DC Forward Voltage Vdd 2.2 3.5 5.0 V 

Oscillator Frequency Fled - 1.5 - Hz 

Duty Cycle Duty - 1/2 - - 
 
 
 
 
 
 
 
 
 
 
 
 
 

 

LED & Application Technologies 
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