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PART NUMBER: GQ12B-10/A/AL/3%
SWITCH RATING(ONPOW LAB) "A'" | CAP COLOR " PROTECTION DEGREE
SCHEMATIC R
ELECTRICAL LIFE 250,000 cycles | 10,000 cycles RED NOLETTER | IP65
AC12 / / G | GREEN FP IP67(CUSTOMIZED)
LOAD AC-15 == —_—
TYPE | INDUCTIVE LOAD ! ! B | BLUE
DC-A12 W | WHITE
RESISTIVE LOAD 24VDC/5A | 24VDC/10A N BLACK
DOUBLE-BREAKPOINT SLOW-
SPECIFICATIONS: ACTING CONTACT SWITCH
1.SWITCH RATING: (SEE TABLE). WITH TWO TERMINALS
2.SWITCH OPERATION: MOMENTARY.
3.MECHANICAL LIFE: 21,000,000 cycles.
4 ELECTRICAL LIFE: 2200,000 cycles.
5.INITIAL CONTACT RESISTANCE: <50mQ.
6.INSULATION RESISTANCE: 21000MQ(500VDC).
7.POWER-FREQUENCY WITHSTAND VOLTAGE: 1,500V, RMS 50Hz, 1min.
8.OPERATING TEMPERATURE: -25°C~ +55°C(NO FREEZING, KEEP THE AIR = s s SHE =
FLOWING AROUND PUSHBUTTON ). BRAND A pA | }&}j{%ﬂﬂiu]n ﬁ BE/A a
9.0PERATING FORGE: ABOUT 3.5N. ONPOW BXEE° ONPOW PUSH BUTTON MANUFACTURE CO.,LTD.
10.0PERATING TRAVEL: ABOUT 2mm. TTLE ONT
11.TORQUE: TORQUE: ABOUT 0.3N-m APPLIED TO NUT. MATERIALS: %7  GQSERIESANTIVANDALPUSHBUTTON | = g mm
12.FRONT PANEL PROTECTION DEGREE: IP65(IP67 CAN BECUSTOMIZED);IK08. ;-ga_ﬁTTgﬁTégg-VER ALLOY. GG T =
13. TERMINAL TYPE: SCREW TERMINAL. : : PBT. /G NO. GQ12B-10-AL 1.8:1 Ad
14.GENERAL TOLERANCE:0-18mm=10.25, 18-80mm=:0.52. 3.80DY: AL ALLOY(BLACK). Es adi HI
15.COMPLIANT WITH RoHS. . : . FILENAME  GQ12B-10-AL DRAWN SHEET REV.
rtyiers DWG mE  YDY 202600105 |z 11 |pex V12
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