
7S

7S.1x.8.xxx.xxx0
120 UN (110...125)V AC
230 UN (230...240)V AC
Umin - Umax (0.85...1.1)UN

7S.1x.9.xxx.xxx0
012 UN 12 V DC
Umin - Umax (0.8...1.2)UN
024 UN 24 V DC
110 UN 110 V DC
Umin - Umax  (0.7...1.25)UN

P 2.3 VA (50 Hz) / 1 W

7S.12.x.xxx.5110    1NO (SPST– NO) + 1NC (SPST– NC)
7S.14.x.xxx.0220    2NO (SPST– NO) + 2NC (SPST– NC)
7S.14.x.xxx.0310    3NO (SPST– NO) + 1NC (SPST– NC)
7S.16.x.xxx.0420    4NO (SPST– NO) + 2NC (SPST– NC)

6 A 250 V AC (∑ I ≤ 12 A)

AC1
AC15 (230V)

DC1 (30/110/220)V

DC13 (24V)

1500 VA
500 VA
700VA (7S.12)
(6/0.6/0.3)A
(6/0.6/0.2)A (7S.12)
1A

(–40...+70)°C

IP20

1a

1b

1x1.5 mm2

1x14 AWG

1x1.5 mm2

1x16 AWG

9 mm

7S.12 7S.14...0220 7S.14...0310 7S.16

LED

EN 61810-3
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