Star grips similar to DIN 6336
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Description

Material:
Black thermoplastic.
Bush and threaded bolt in steel.

Version:
Bush and threaded bolt galvanized and blue chromated.

Note:
A Add the desired cap colour here. No colour code is required with black wheel caps.

On request:
Other colours or designs, such as company logos.
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Star grips similar to DIN 6336
Overview of items
Star grips similar to DIN 6336 with internal thread, Form D
Order No. Form D1 D5 D8 H3 H4 T6
K0155.504 D 25 M4 12 8 16 10
K0155.505 D 25 M5 12 8 16 10
K0155.5061 D 25 M6 12 8 16 10
K0155.5051 D 32 M5 14 10 20 10
K0155.506 D 32 M6 14 10 20 10
K0155.508 D 40 M8 18 13 25 14
K0155.5101 D 40 M10 18 13 25 14
K0155.5081 D 50 M8 22 17 32 14
K0155.510 D 50 M10 22 17 32 14
K0155.5121 D 50 M12 22 17 32 18
K0155.5102 D 63 M10 26 21 40 14
K0155.512 D 63 M12 26 21 40 18
K0155.516 D 63 M16 26 21 40 18
Star grips similar to DIN 6336 with internal thread, Form K
Order No. Form D1 D5 D8 H3 H4 T6 Approx.
weight g
K0155.204A K 25 M4 12 8 16 10 11
K0155.205A K 25 M5 12 8 16 10 10
K0155.2061A K 25 M6 12 8 16 10 10
K0155.2051A K 32 M5 14 10 20 10 13
K0155.206A K 32 M6 14 10 20 10 13
K0155.208A K 40 M8 18 13 25 14 25
K0155.2101A K 40 M10 18 13 25 14 24
K0155.2081A K 50 M8 22 17 32 14 50
K0155.210A K 50 M10 22 17 32 14 48
K0155.2121A K 50 M12 22 17 32 18 46
K0155.2102A K 63 M10 26 21 40 14 90
K0155.212A K 63 M12 26 21 40 18 88
K0155.216A K 63 M16 26 21 40 18 87
Star grips similar to DIN 6336 with locating hole, Form G and H
Order No. Form G Order No. Form H D1 D4 D8 D9 H3 H4 T1 T5
K0155.305A K0155.105A 25 -15 12 5/- 8 16 10/- -0
K0155.306A K0155.106A 32 -/6 14 6/- 10 20 10/- -10
K0155.308A K0155.108A 40 -18 18 8/- 13 25 14/- -114
K0155.310A K0155.110A 50 -10 22 10/- 17 32 14/- -4
- K0155.1101A 63 10 26 - 21 40 - 14
K0155.312A K0155.112A 63 -112 26 12/- 21 40 18/- -/18

Star grips similar to DIN 6336 with external thread, Form L

Order No. Form D1 D6 D8 H3 H4 L
K0155.405AX L 25 M5 12 8 16 10/15/20/25/30/35/40/45/50/60
K0155.406AX L 25 M6 12 8 16 10/15/20/25/30/35/40/45/50/60
K0155.4061AX L 32 M6 14 10 20 10/15/20/25/30/35/40/45/50/60
K0155.408AX L 32 M8 14 10 20 15/20/25/30/35/40/45/50/60
K0155.4081AX L 40 M8 18 13 25 15/20/25/30/35/40/45/50/60
K0155.410AX L 40 M10 18 13 25 15/20/25/30/35/40/45/50/60
K0155.4101AX L 50 M10 22 17 32 15/20/25/30/35/40/45/50/60
K0155.412AX L 50 M12 22 17 32 15/20/25/30/35/40/45/50/60
K0155.4102AX L 63 M10 26 21 40 20/25/30/35/40/45/50/60
K0155.4121AX L 63 M12 26 21 40 20/25/30/35/40/45/50/60
K0155.416AX L 63 M16 26 21 40 30/35/40/45/50/60
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